LittleIANT

9ENH SERIES - 4710 o

Effluent wastewater removal, dewatering, water transfer

FEATURES ' B

® Permanent Split Capacitor (PSC)
m Designed for continuous duty
= Energy-saving low amp draw
m [-/2" FNPT (38 mm) discharge

= Handles solids up to 3/4" (19 mm) diameter
= Multiple switch options for automatic operation

m 140 °F (60 °C) liquid temperature rating

m ((SAus listed

SERIES SPECIFICATIONS

SERESSPECFOATIONS N
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Volts Hz

| 20 | 30

9ENH-CIA-RF

Performance
Watts (GPM @ Height in Feet) S“?ftt')Off

| o

| 40

PSI

9ENH-CIA-SFS

115 60

208230 | 60 ‘ 45 ‘ 82 ‘ 1045 ‘ 70 ‘ 60 ‘ 50 ‘ 30 ‘

[tem No. Model ‘ HP ‘ Volts ‘ Sggg;;;/op:/ On Level Off Level ‘ Weight
500239 | 9ENH-CIASFS | 4/10 115 Integral Float Switch | 06 2 B0 ¢ o 2B o o z{blfg
509240 | 9ENH-CIASFS | 4/10 15 Integral Float Switch | 5 06 2 B 1 28 o 39 s
500233 | 9ENH-CIA-RF |  4/10 15| Pigayback FoatSwitch | 5 ge o072 0 | L 36 o o z{blfg
509234 | 9ENH-CIA-RF |  4/10 15 | Pigayback Float Switch | 5ge 978 0 | Lo SR o 3 s
509231 | 9ENH-CIM 410 15 Manual = = o 163.%%
509232 | 9ENH-CIM 410 15 Manual - - o 1%31?29
509257 | GENH-CIA-RF | 4/10 | 208-230 | Pigayback FloatSwitch | 506 o2 s | 767 o o cm o 163.%1’;9
509238 | OENH-CIA-RF | 410 | 208230 | Piggyback FloatSwitch | ,oc 317120 0 o SR8 oo e z{blzg
509235 | 9ENH-OM | 4/10 | 208230 Manual = = o 1é;éb§g
509236 | 9ENH-CIM 410 | 208-230 Manual - - o 1%3}’.29

9ENH-CIM



EFFLUENT PUMPS

9ENH SERIES - 4/10 HP

ENGINEERING DATA

115 VOLT PLUG
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9ENH-CIM
Model \ A ‘ B ‘ ¢
129" 10.54" 807"
9ENH-CIA-SFS 0T m 2654 cm 2049 am
11.03" 953" 674"
9ENH-CIA-RF 28.01cm 2421 ¢cm 1712cm
1.03" 953" 6.74"
9ENH-CIM 2801 cm 2421 cm 1712cm

PERFORMANCE DATA (ONSTRUCTION

LPM Cover Epoxy-coated_ cast iron/
0 50 100 150 200 0 30 Thermoplastic
T e e Motor Housing Epoxy-coated cast iron
A Impeller Material Thermoplastic elastomer
\\ N Impeller Type Non-clog
40 \ Volute Epoxy-coated cast iron
R \ " Mechanical Shaft Seal ;\lalégée with carbon and ceramic
o
0 \ Fasteners Stainless steel
1 \ - Shaft Steel
2 ™\ Bearings Upper and lower ball bearing
| \ -5 Power Cord SJTW **SJTOW
\ * 0n SFS models
il \ B **0n 30' 9ENH-CIA-RF and 9ENH-CIM models
s 2
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CAPACITY - GPM

® Franklin Electric Hotline: 1.800.701.7894 | wwuw.ittlegiant.com Spec Sheet 996247






