Product data sheet
Characteristics

LA1SKO02
TeSys SK - auxiliary contact block - 2 NC

Product availability: Stock - Normally stocked in distribution facility

Complementary

Main

Range TeSys

Device short name LA1SK

Product or component Auxiliary contact block
type

Product compatibility LC1SK

Auxiliary contacts oper- Instantaneous

ation

Pole contact composi- 2NC

tion

Connections - terminals
6 mm?)solid

Screw clamp terminals 2 0.00...0.01 in? (1.5...

4 mm?)solid

Screw clamp terminals 1 0.00...0.01 in? (0.5...

6 mm>?)flexible with cable end

Screw clamp terminals 2 0.00...0.00 in? (0.35...

2.5 mm?)flexible with cable end

Screw clamp terminals 1 0.00...0.01 in? (0.35...

6 mm>)flexible without cable end

Screw clamp terminals 2 0.00...0.00 in? (0.35...

1.5 mm3)flexible without cable end

Screw clamp terminals 1 0.00...0.01 in? (1.5...

Mounting location Front side
[Ui] rated insulation voltage 690 V IEC 60947
690 V BS 5424
690 V VDE 0110 group C

690 V CSA C22.2 No 14

[Ue] rated operational voltage

[Ith] conventional free air thermal current

690 V AC <= 400 Hz
10 A 131 °F (55 °C)

Associated fuse rating

10 A gL IEC 60947
10 A gL VDE 0660

Tightening torque

7.08 Ibf.in (0.8 N.m) screw clamp terminals

Width
Net weight

1.06 in (27 mm)
0.05 Ib(US) (0.022 kg)

Environment

Standards VDE 0660
BS 5424
NF C 63-110
IEC 60947
Product certifications CSA
UL
IP degree of protection 1P2x
Protective treatment TC IEC 60068

Ambient air temperature for operation

Ambient air temperature for storage

-4...122 °F (-20...50 °C)
-58...158 °F (-50...70 °C)

Operating altitude

6561.68 ft (2000 m) without
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The information provided in this documentation contains general descriptions and/or technical characteristics of the performance of the products contained herein.

This documentation is not intended as a substitute for and is not to be used for determining suitabil

reliability of these products for specific user applications.

It is the duty of any such user or integrator to perform the appropriate and complete risk analysis, evaluation and testing of the products with respect to the relevant specific application or use thereof.

Neither Schneider Electric Industries SAS nor any of its affiliates or subsidiaries shall be responsible or liable for misuse of the information contained herein.


http://www2.schneider-electric.com/sites/corporate/en/products-services/green-premium/green-premium.page

Ordering and shipping details

Category

22371 - RELAYS, CONTROL

Discount Schedule 112
GTIN 00785901866763
Package weight(Lbs) 0.03 kg (0.06 Ib(US))

Returnability

Yes

Country of origin

Ccz

Offer Sustainability

Sustainable offer status

Green Premium product

REACh Regulation

e

EU RoHS Directive Compliant 7]

Mercury free Yes

RoHS exemption information 7]

China RoHS Regulation iy

Environmental Disclosure &7

Circularity Profile No need of specific recycling operations

WEEE The product must be disposed on European Union markets following specific

waste collection and never end up in rubbish bins.

Contractual warranty

Warranty 18 months
2 Lifels On Sclénﬁi[c!ﬁf


http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfReach&pid=608666&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=608666&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=608666&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfRoHsChina&pid=608666&lang=en-us
https://download.schneider-electric.com/files?p_Doc_Ref=ENVPEP111274EN

