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Product data sheet
Characteristics

LA4DE3E
TeSys D - suppressor module - varistor -
24...48 V DC

Product availability:  Stock - Normally stocked in distribution facility

Main
Range TeSys
Device short name LA4D
Product or component
type

Suppressor module

Product compatibility 4P LC1D40008...D80008
3P LC1D80...D95
4P LP1D80004

Complementary
Mounting location Top
Mounting mode By screws
Suppressor technology Varistor (peak limiting)
[Uc] control circuit voltage 24...48 V DC
Maximum peak voltage 2 Uc
Net weight 0.04 lb(US) (0.018 kg)

Environment
Ambient air temperature for operation -13…131 °F (-25…55 °C)
Ambient air temperature for storage -40…176 °F (-40…80 °C)

Ordering and shipping details
Category 22341 - CONTACTOR,D,K,&F ACCESS
Discount Schedule I12
GTIN 00785901260080
Package weight(Lbs) 0.02 kg (0.04 lb(US))
Returnability Yes
Country of origin FR

Offer Sustainability
Sustainable offer status Green Premium product
REACh Regulation REACh Declaration
REACh free of SVHC Yes
EU RoHS Directive Compliant EU RoHS Declaration
Toxic heavy metal free Yes
Mercury free Yes
RoHS exemption information Yes
China RoHS Regulation China RoHS Declaration
Environmental Disclosure Product Environmental Profile

http://www2.schneider-electric.com/sites/corporate/en/products-services/green-premium/green-premium.page
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfReach&pid=608718&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=608718&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=608718&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfRoHsChina&pid=608718&lang=en-us
https://download.schneider-electric.com/files?p_Doc_Ref=ENVPEP111253EN
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Circularity Profile No need of specific recycling operations
WEEE The product must be disposed on European Union markets following specific

waste collection and never end up in rubbish bins.

Contractual warranty
Warranty 18 months


